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Locating Screw Stopper Blocks

 CAD Data Folder Name: Locating_Components_&_Switches
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L dimension of AJFNS and AJFSS (Material: Stainless Steel) is shown in ( ).
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•T-Shaped Slit Type
 Express Delivery 
Service is not available.

*SS400 for Bottom Mounting Type
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Part Number − H

AJTN8 − 25

5  P.92Express A S$4.81/piece

A fl at charge of S$13.00 for 3 or more identical pieces.

 Volume Discount Rate ( Round down to the nearest one cent.) P.91

Quantity  1~4 5~9 10~19 20~49
Rate Price List 5% 10% 15%

For orders larger than indicated values, please request for quotation.

Part Number − H

AJLTT5 − 15 A fl at charge of S$13.00 for 3 or more identical pieces.

 P.92Express A S$4.81/piece5

 Volume Discount Rate ( Round down to the nearest one cent.) P.91

Quantity  1~4 5~9 10~19 20~49
Rate Price List 5% 10% 15%

For orders larger than indicated values, please request for quotation.
For Lengthways Adjustable Type and Widthways Adjustable Type, please request a quotation for orders over 20 pcs.

 L-Shaped Type

  T-Shaped Slit Type

 T-Shaped Type

 Lengthways Adjustable Type

T dimension of AJLNS and AJLSS (Material: Stainless Steel) is shown in ( ). M16 and 20 is not available.

 Widthways Adjustable Type

Bottom Mounting Type

•Lengthways Adjustable Type •Widthways Adjustable Type

T-Shaped Slit Type can fi x adjusting screws 
without using nuts.

•Bottom Mounting Type

Type

Lengthways Adjustable Type Widthways Adjustable Type Bottom Mounting Type*

Coarse Fine Coarse Fine Coarse Fine

AJLTT AJLSTT AJLCTY AJLCSTY AJLN AJLS
*S45C

Black Oxide
AJLTTM AJLSTTM AJLCTYM AJLCSTYM AJLNM AJLSM Electroless Nickel Plating
AJLTTS AJLSTTS AJLCTYS AJLCSTYS AJLNS AJLSS SUS304 −

Part Number
H

Selection
H1 T1

MxPitch

W1 L1 P S d1 d2 ℓ G1

Unit Price Qty. 1~4

Type M Coarse Fine
AJLTT
AJLSTT

AJLTTM
AJLSTTM

AJLTTS
AJLSTTS

(Coarse)
AJLTT
AJLTTM
AJLTTS

(Fine)
AJLSTT
AJLSTTM
AJLSTTS

3
15 20 4 9

3x0.5 3x0.35
5 25 10 6 6.5 3.5 3.5 10

25.03 26.31 43.00
4 4x0.7 4x0.5 25.03 26.31 43.00
5

15 20 6 12
5x0.8 5x0.5

8 32 10 8 8 4.5 4.5 15
25.03 26.31 43.00

6 6x1.0 6x0.75 25.03 26.31 43.00
8

25 30 35 10 22
8x1.25 8x0.75

10 44 16 10 11 6.5 6.5 20
37.06 38.99 66.26

10 10x1.5 10x1.0 37.06 38.99 66.26
12 12x1.75 12x1.0 37.06 38.99 66.26
16

35 40 15 30
16x2.0 16x1.5

15 65 30 15 14 9 9 25
58.08 60.97 107.17

20 20x2.5 20x1.5 58.08 60.97 107.17

Part Number
H

Selection
H1 T

MxPitch

L W P S d1 d2 ℓ C G

Unit Price Qty. 1~4

Type M Coarse Fine
AJLCTY
AJLCSTY

AJLCTYM
AJLCSTYM

AJLCTYS
AJLCSTYS

(Coarse)
AJLCTY
AJLCTYM
AJLCTYS

(Fine)
AJLCSTY
AJLCSTYM
AJLCSTYS

3
10 15 4 9

3x0.5 3x0.35
28 8 10 6 6.5 3.5 3.5 2 13

24.39 25.67 39.15
4 4x0.7 4x0.5 24.39 25.67 39.15
5

15 20 6 10
5x0.8 5x0.5

32 10 10 8 8 4.5 4.5 2 17
24.39 25.67 39.15

6 6x1.0 6x0.75 24.39 25.67 39.15
8

20 25 30 10 16
8x1.25 8x0.75

55 20 16 10 11 6.5 6.5 5 31
36.90 38.51 64.98

10 10x1.5 10x1.0 36.90 38.51 64.98
12 12x1.75 12x1.0 36.90 38.51 64.98
16

30 35 40 15 19
16x2.0 16x1.5

75 30 20 15 14 9 9 7 45
51.66 54.07 95.14

20 20x2.5 20x1.5 51.66 54.07 95.14

Part Number H
Selection

H1 T
MxPitch

L B P S d
Unit Price Qty. 1~4

Type M Coarse Fine AJLN · AJLS AJLNM · AJLSM AJLNS · AJLSS

AJLN
AJLS
AJLNM
AJLSM
AJLNS
AJLSS

3 15 20

10 6

3x0.5 3x0.35

30 20 14 12 4.5

21.66 22.46 63.86
4 15 20 4x0.7 4x0.5 21.66 22.46 63.86
5 15 20 25 5x0.8 5x0.5 21.66 22.46 63.86
6 15 20 25 30 6x1.0 6x0.75 22.46 23.58 67.38
8 25 30 40

15
10

(8)

8x1.25 8x0.75
40 30 20 20 6.5

30.00 31.13 109.10
10 25 30 40 10x1.5 10x1.0 30.00 31.13 109.10
12 25 30 40 12x1.75 12x1.0 30.00 31.13 109.10
16 30 40 50

20 15
16x2.0 16x1.5

60 40 30 27.5 9
61.61 62.73 −

20 30 40 50 20x2.5 20x1.5 61.61 62.73 −

Part Number H
Selection

H2 T
MxPitch

L2 W2 P2 S d E F G
Unit Price Qty. 1~4

Type M Coarse Fine AJTWN · AJTWS AJTWNM · AJTWSM

AJTWN
AJTWS
AJTWNM
AJTWSM

5 15 20 3.5 10 5x0.8 5x0.5 32 16 24 5 4.5 5 1 1
46.21 47.33

6 20 25 30 4 6x1.0 6x0.75 34 18 26 6 54.07 55.35
8 20 25 30 5.5

16
8x1.25 8x0.75

50 25 38 10 6.5 9 2
54.55 56.15

10 20 25 30 6.5 10x1.5 10x1.0 3.3 54.55 56.15
12 20 25 30 7.5 12x1.75 12x1.0 54.55 56.15

Type

Coarse Fine

AJTN AJTS
SS400

Black Oxide
AJTNM AJTSM Electroless Nickel Plating
AJTNS AJTSS SUS304 −

Part Number
H

Selection
H1 T

MxPitch

L W P1 S d1

Unit Price Qty. 1~4

Type M Coarse Fine
AJTN
AJTS

AJTNM
AJTSM

AJTNS
AJTSS

AJTN
AJTNM
AJTNS
AJTS
AJTSM
AJTSS

3 15 20

10 10

3x0.5 3x0.35

32 16 24 5 4.5

20.54 21.34 41.07
4 15 20 4x0.7 4x0.5 20.54 21.34 41.07
5 15 20 5x0.8 5x0.5 20.54 21.34 41.07
6 20 25 30 6x1.0 6x0.75 24.39 25.19 48.77
8 20 25 30

15 16
8x1.25 8x0.75

50 25 38 10 6.5
27.44 28.24 54.87

10 20 25 30 10x1.5 10x1.0 27.44 28.24 54.87
12 20 25 30 12x1.75 12x1.0 27.44 28.24 54.87
16 25 30 40

20 22 16x2.0 16x1.5 75 40 57 15 9 38.99 42.04 77.97
20 25 30 40 20x2.5 20x1.5 38.99 42.04 77.97

Type

Coarse Fine

AJTWN AJTWS
SS400

Black Oxide

AJTWNM AJTWSM Electroless Nickel Plating

Part Number
H

Selection
H1 T

MxPitch

L P d1 d2 ℓ G

Unit Price Qty. 1~4

Type M Coarse Fine
AJFN AJFNM AJFNS

AJFS AJFSM AJFSS

AJFN
AJFS
AJFNM
AJFSM
AJFNS
AJFSS

3 20 25

10 10

3x0.5 3x0.35

32 20 8 4.5 4.5 5

10.75 11.39 21.82
4 20 25 4x0.7 4x0.5 10.75 11.39 21.82
5 20 25 5x0.8 5x0.5 10.75 11.39 21.82
6 20 25 35 6x1.0 6x0.75 11.87 12.51 24.07
8 35 40 50

15 16
8x1.25 8x0.75

44
(50) 28 11 6.5 6.5 9

13.80 14.60 27.92
10 35 40 50 10x1.5 10x1.0 13.80 14.60 27.92
12 35 40 50 12x1.75 12x1.0 15.88 16.85 32.41
16 40 50

20 22
16x2.0 16x1.5 60

(65) 42 14 9 9 12
22.30 23.58 45.24

20 40 50 20x2.5 20x1.5 22.30 23.58 45.24
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