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Metal Collar
Standard Grade, L Dimension Selectable

Metal Collar
Standard Grade / Precision Grade, L Dimension Configurable

Part Number - D - L

KNCLB3 - 5 - 10

Standard Grade
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* D=16 or Less:  C0.1 ~ 0.2
D=20 or More: C0.5 or Less
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* D=16 or Less:  C0.1 ~ 0.2
D=20 or More: C0.5 or Less

QStandard Grade / Precision Grade

Part Number
D

Selection
L 

0.1mm Increment

Unit Price
Standard Grade Precision Grade

Type V NCLC NCLB NCLM NCLA NCLSS ACSC ABSC AMSC AASC SASC

Standard Grade
NCLC
NCLB
NCLM
NCLA
NCLSS

Precision Grade
ACSC
ABSC
AMSC
AASC
SASC

2 4 5 6 8 10 10.0~ 16.0

3 5 6 8 10 12 10.0~ 25.0
25.1~ 50.0

4 5 6

(6) 8 10 12 13 14 15 16 10.0~ 25.0
E(6)CApplicable to V4. 25.1~ 50.0

20 25 10.0~ 25.0
25.1~ 50.0

8 10 12

(10) (12) (13) (14) 15 16
10.0~ 25.0
25.1~ 50.0
50.1~ 75.0

E(10)CApplicable to V8.   E(12 13 14)CApplicable to V8, 10. 75.1~  100.0

20 25

10.0~ 25.0
25.1~ 50.0
50.1~ 75.0
75.1~ 100.0

30 35

10.0~ 25.0
25.1~ 50.0
50.1~ 75.0
75.1~  100.0

10 12 40 50 60

10.0~ 25.0
25.1~ 50.0
50.1~ 75.0
75.1~ 100.0

15 16 20

10.0~ 25.0

(20) 25
25.1~ 50.0
50.1~ 75.0

E(20)CApplicable to V15, 16. 75.1~ 100.0

30 35

10.0~ 25.0
25.1~ 50.0
50.1~ 75.0
75.1~ 100.0

40 50 60

10.0~ 25.0
25.1~ 50.0
50.1~ 75.0
75.1~ 100.0

25 30 35

10.0~ 25.0
25.1~ 50.0
50.1~ 75.0
75.1~ 100.0

25 30 40 50 60

10.0~ 25.0
25.1~ 50.0
50.1~ 75.0
75.1~ 100.0

EThe prices are based on the O.D. (D).

Part Number Unit Price
Type D L10 L12 L15 L20 L25 L30 L35
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Part Number Unit Price
Type D L10 L12 L15 L20 L25 L30 L35

KNCLM

5

6

8

10

12

13

14

15

16

20

25

30

Part Number Unit Price
Type D L10 L12 L15 L20 L25 L30 L35
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QStandard Grade

Part Number D
Selection

L
Type V Selection

KNCLB
KNCLM
KNCLSS

3 5 6 8 10 12

10  12  15  20  25  30  35

4 6 8 10 12 13 14 15 16 20
5 8 10 12 13 14 15 16 20
6 8 10 12 13 14 15 16 20 25
8 10 12 13 14 15 16 20 25 30
10 12 13 14 15 16 20 25 30
12 15 16 20 25 30
15 20 25 30
16 20 25 30
20 25 30
25 30

Part Number - D - L

NCLB3 - 5 - 10.5

Type
MMaterial SSurface Treatment

Standard Grade
KNCLB

S45C Equivalent
Black Oxide

KNCLM Electroless Nickel Plating

KNCLSS SUS304 -

EHardened Type w P.137

Type
MMaterial SSurface TreatmentL Dimension Configurable

Standard Grade Precision Grade
NCLC ACSC

S45C Equivalent
-

NCLB ABSC Black Oxide
NCLM AMSC Electroless Nickel Plating
NCLA AASC 2000series Aluminum Alloy Clear Anodize
NCLSS SASC SUS304 -

Note that, for some of the types shown here, order might be unable to be received by the MISUMI Indonesia 
offices.


