THERMOCOUPLES
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HScrew Type C—SSMT (Ktype) M4 terminal
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(® Temperature measurement range: 0~300°C [ Sus304
Max. usable temperature| Tip point E H Part No. L
(°C) material Type M
300 SUS304 10 4 SSMTJ 6 3000
(® For quantities not displayed here, refer to our MISUMI website for more information.
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oC—SSMT \\ « Screw it directly into the desired spot for measurement.
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n M About types of thermocouples
Thermocouples type K type J type
Order / Quote: Color Blue Yellow
P Price WOS: https://in.misumi-ec.com/ +wire Chromel Iron
TEL:+91-124-468-8800 E-mail:cs@misumi.co.in -
—wire Chromel Constantan
Usable temperature —200°C ~1000°C 0°C~600C
Max. usable temperature* 1200C 750C
Most commonly used type for industrial | Has high thermoelectromotive
Guide applications. Exhibits a linear Alumel characteristics. Used in the
relationship between temperature and | medium temperature zone for
thermoglectromotive force. industrial applications.
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*The maximum temperature used differs according to the strand diameter, so use it only as

a rough guide.

https://in.misumi-ec.com/vona2/mold/

2D - 3D CAD data can be downloaded
from Mold EX-Press (version 3.8 or later)




